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DWG. No. PROJECT No.
SIEMENS SERIES VL BREAKER SIZING CUTLER HAMMER SERIES C BREAKER SIZING SQUARE-D POWERPACT BREAKER SIZING
BREAKER SIZE AMPS 35A. 40A. 50A. 60A. 70A. 100A. BREAKER SIZE AMPS |  *35A. 35A. *40A. 40A. *50A. 50A. BREAKER SIZE AMPS 35A. 40A. 50A. 60A. 70A. 100A.
A.L.C. RATING, 250DC | 30,000 A.I.C. | 30,000 A.I.C. | 30,000 A.I.C. [ 30,000 A.I.C. | 30,000 A.I.C. | 30,000 A.I.C. A.L.C. RATING, 250DC | 10,000 A.I.C. | 42,000 A.I.C. | 10,000 A.I.C. | 42,000 A.I.C. | 10,000 A..C. | 42,000 A.I.C. A.LC. RATING, 250DC | 50,000 A.I.C. | 50,000 A.I.C. | 50,000 A.l.C. [ 50,000 A.I.C. | 50,000 A.I.C. | 50,000 A.I.C.
A.l.C. RATING, 500DC | 18,000 A.I.C. | 18,000 A.I.C. | 18,000 A.I.C. | 18,000 A.L.C. | 18,000 A.L.C. | 18,000 A.I.C. ALC.RATING, 600DC [ 35,000 A.1.C. [ 7 35000 AlC. [0 | 35,000A.1.C. A.I.C. RATING, 500DC | 20,000 A.I.C. | 20,000 A.I.C. | 20,000 A.I.C. | 20,000 A.I.C. | 20,000 A.I.C. | 20,000 A.I.C.
OUTPUTLUGSIZE | ()#8-1/0 | ()#8-10 | (1)#8-10 | ()#8-1/0 | (1)#8-1/0 | (1)#8-1/0 OUTPUTLUG SIZE | (1)#14-1/0 | (1)#14-1/0 | (1)#14-1/0 | (1)#14-1/0 | (1)#14-1/0 | (1) #14-1/0 OUTPUT LUG SIZE | (1)#14-3/0 | (1)#14-3/0 | (1)#14-300 | (1)#14-3/0 | (1)#14-3/0 | (1) #14-3/0
BREAKER SIZE AMPS | 125A. 150A. 200A. 225A. 250A. 300A. BREAKER SIZE AMPS | *60A. 60A. *T0A. 70A. *100A. 100A. BREAKER SIZE AMPS |  125A. 150A. 200A. 225, 250A. 300A.
A.L.C. RATING, 250DC | 30,000 A.I.C. | 30,000 A.L.C. | 30,000 A.L.C. | 30,000 A.I.C. | 30,000 A.I.C. | 30,000 A.I.C. A.LC. RATING, 250DC | 10,000 A.L.C. | 42,000 A.L.C. | 10,000 A.I.C. [ 42,000 A.L.C. | 10,000 A.L.C. | 42,000 A.I.C. A.LC. RATING, 250DC | 50,000 A.I.C. | 50,000 A.I.C. | 50,000 A.L.C. | 50,000 A.I.C. | 50,000 A.I.C. | 50,000 A.I.C.
A.L.C. RATING, 500DC | 18,000 A.I.C. | 18,000 A.I.C. | 18,000 A.I.C. | 18,000 A.I.C. | 18,000 A.I.C. | 25,000 A.I.C. Al.C. RATING, 600DC | 35,000 A.1.C. [ | 35,000 AL.c. [ 35,000 A.LC. A.LC. RATING, 500DC | 20,000 A.I.C. | 20,000 A.1.C. | 20,000 A.l.C. [ 20,000 A.I.C. | 20,000 A.I.C. | 20,000 A.I.C.
OUTPUTLUGSIZE | (#8100 | (1)#8-10 | (1)#4-350 | (1)#4-350 | (1)#4-350 | (2)3/0-250 OUTPUTLUGSIZE | (1)#14-1/0 | (1)#14-1/0 | (1)#14-1/0 | (1)#14-10 | (1)#14-10 | (1)#14-100 OUTPUTLUGSIZE | (1)#14-3/0 [ (1)#14-3/0 | (1)3/0-350 | (1)3/0-350 | (1)3/0-350 | (1)#1-600
BREAKER SIZE AMPS |  350A. 400A. 450A. 500A. 600A. 700A. BREAKER SIZEAMPS |  *125A. 125A. *150A. 150A. *200A. 200A. BREAKER SIZE AMPS | 350A. 400A. 450A. 500A. 600A. 700A.
A.L.C. RATING, 250DC | 30,000 A.L.C. | 30,000 A.I.C. | 30,000 A.I.C. [ 30,000 A.I.C. | 30,000 A.I.C. | 22,000 A.I.C. A.L.C. RATING, 250DC | 10,000 A.I.C. | 42,000 A.I.C. | 10,000 A.I.C. | 42,000 A.I.C. | 10,000 A..C. | 42,000 A.I.C. A.LC. RATING, 250DC | 50,000 A.I.C. | 50,000 A.I.C. | 50,000 A.l.C. [ 50,000 A.I.C. | 50,000 A.I.C. | 50,000 A.I.C.
A.L.C. RATING, 500DC | 25,000 A.I.C. | 25,000 A.I.C. | 25,000 A.I.C. [ 25,000 A.I.C. | 25,000 A.I.C. | 35,000 A.I.C. A.C. RATING, 600DC |IF | 35,000 A.c. [ 35,000 AlC. [ | 35.000AlC. A.LC. RATING, 500DC | 20,000 A.I.C. | 20,000 A.I.C. | 20,000 A.I.C. [ 20,000 A.I.C. | 20,000 A.I.C. | 20,000 A.I.C.
OUTPUTLUG SIZE | (2)3/0-250 | (2)3/0-250 | (2)3/0-500 | (2)#2:600 | (2)#2:600 | (3)#2-600 OUTPUTLUG SIZE | (1)#4-4/0 | (1)#4-40 | (1)#4-400 | (1)#4-400 | (1)#4-350 | (1)#4-350 OUTPUT LUG SIZE | (1)#1-600 | (1)#1-600 | (3)3/0-500 | (3)3/0-500 | (3)3/0-500 | (3)3/0-500
BREAKER SIZE AMPS | 900A. 1200A. BREAKER SIZE AMPS |  225A. 250A. 300A. 350A. 400A. 450A. BREAKER SIZE AMPS | 900A. 1200A.
A.L.C. RATING, 250DC | 22,000 A.I.C. | 22,000 A.L.C. A.LC. RATING, 250DC | 42,000 A.I.C. | 42,000 A.L.C. | 42,000 A.L.C. | 42,000 A.I.C. | 42,000 A.I.C. | 42,000 A.I.C. A.LC. RATING, 250DC | 50,000 A.I.C. | 50,000 A.I.C.
A.L.C. RATING, 500DC | 35,000 A.I.C. | 35,000 A.L.C. A.LC. RATING, 600DC | 35,000 A.I.C. | 35,000 A.I.C. | 35,000 A.L.C. | 35,000 A.I.C. | 35,000 A.I.C. | 35,000 A.I.C. A.LC. RATING, 500DC | 20,000 A.I.C. | 20,000 A..C.
OUTPUT LUG SIZE | (4)1/0-500 | (4)1/0-500 OUTPUTLUG SIZE | (1)#4-350 | (1)#4-350 | (1)250-500 | (1)250-500 | (2)3/0-250 | (2)#4-4/0 OUTPUTLUGSIZE | (1)#1-600 | (1)#1-600
SIEMENS BREAKER ACCESSORY CONTACT RATING SQUARE-D POWERPACT BREAKER ACCESSORY CONTACT RATING
BREAKER SIZE AMPS |  500A. 600A. 700A. 900A. 1200A.
VOLTAGE 24 vDC 125VDC | 250VDC | 230VAC | 400VAC | 600VAC ALC. RATING, 2500C | 42,000 A.LC. | 42,000 A1LC. | 42,000 ALC. | 50,000 AL.C. | 50,000 ALC. VOLTAGE 24/48VDC | 240VDC | 380 VDC | 240/380 VAC | 480 VAC | 600/690 VAC
AUXILIARY SWITCH | 6AMPS™ | 5AMPS™ | 25AMPS* | 6AMPS 3AMPS | .25AMPS AL.C. RATING, 600DC | 35,000 A.L.C. | 35,000 A.LC. | 35,000 A.LC. | 50,000 A.LC. | 50,000 ALC. AUXILIARY SWITCH | 25AMPS™ | 5AMPS™ | 3AMPS* | 6AMPS 6 AMPS 6 AMPS
BELL ALARM 6AMPS™ | 5AMPS** | 25AMPS* | 6AMPS 3AMPS | .25AMPS OUTPUTLUG SZE | (2)3/0350 | (2)400500 | (3)3/0-400 | (3)3/0400 | (4)4/0-500 BELL ALARM 25AMPS™ | 5AMPS™ | 3AMPS* | 6AMPS 6 AMPS 6 AMPS
" NON-INDUCTIVE LOAD. * 2 POLE BREAKERS THAT ARE USED FOR BUS VOLTAGES EQUAL TO 216 VDC AND BELOW " NON-INDUCTIVE LOAD.
CUTLER HAMMER SERIES C BREAKER ACCESSORY CONTACT RATING
VOLTAGE 125VDC | 250VDC | 230VAC | 400VAC | 600 VAC
AUXILIARY SWITCH | 5AMPS** | .25AMPS™ | 6 AMPS 3AMPS | .25AMPS
BELL ALARM 5AMPS™ | 25AMPS™ | 6 AMPS 3AMPS | .25AMPS
** NON-INDUCTIVE LOAD.
CUTLER HAMMER SERIES G BREAKER SIZING
BREAKER SIZE AMPS | *35A. 35A. *40A. 40A. *50A. 50A.
A.LC. RATING, 250DC | 22,000 A.I.C. | 22,000 A.L.C. | 22,000 A.L.C. [ 22,000 A.L.C. | 22,000 A.l.C. | 22,000 A.I.C.
AlC. RATING, 600DC [ 35,000 A.1.C. |1 | 35000 A1C. [ | 35.000A.1.C.
OUTPUTLUG SIZE | (1)#14-1/0 | (1)#14-1/0 | (1)#14-1/0 | (1)#14-100 | (1)#14-10 | (1) #14-1/0
BREAKER SIZE AMPS | *60A. 60A. *70A. 70A. *100A. 100A.
A.L.C. RATING, 250DC | 22,000 A.I.C. | 22,000 A.I.C. | 22,000 A.L.C. | 22,000 A.I.C. | 22,000 A.I.C. | 22,000 A.I.C.
A1C.RATING, 600DC [ 35,000 A.1.C. IS | 35,000 A1.c. [ 35,000 ALC.
OUTPUTLUGSIZE | (1)#14-1/0 | () #14-1/0 | (1)#14-1/0 | (1) #1410 | (1)#14-10 | (1) #14-1/0
BREAKER SIZE AMPS |  *125A. 125A. *150A. 150A. *200A. 200A.
A.LC. RATING, 250DC | 22,000 A.I.C. | 22,000 A.L.C. | 22,000 A.L.C. | 22,000 A.l.C. | 22,000 A.I.C. | 22,000 A.I.C.
A.L.C. RATING, 600DC [ 1 35,000 A.1.C. [ 35,000 A..C. [ 35,000 A.1.C.
OUTPUTLUGSIZE | (D#4-4/0 | (1)#4-410 | ()#4-400 | ()#4-40 | (1)#4-350 | (1)#4-350
BREAKER SIZEAMPS |  225A. 250A. 300A. 350A. 400A. 450A.
A.LC. RATING, 250DC | 22,000 A.L.C. [ 22,000 A.1.C. [ 22,000 AL.C. | 22,000 A.L.C. | 22,000 A.L.C. | 22,000 A.L.C.
A.L.C. RATING, 600DC | 35,000 A.I.C. | 35,000 A.I.C. | 35,000 A.L.C. | 35,000 A.I.C. | 35,000 A.I.C. | 35,000 A.I.C.
OUTPUTLUGSIZE | (1)#4-350 | (1)#4-350 | (1)#2-500 | (1)#2-500 | (1)500-750 | (2)#2-500
BREAKER SIZE AMPS |  500A. 600A.
A.LC. RATING, 250DC | 22,000 A.I.C. | 22,000 A.I.C.
A.LC. RATING, 600DC | 35,000 A.I.C. | 35,000 A.I.C.
OUTPUT LUG SIZE | (2)#2-500 | (2)#2-500
* 2 POLE BREAKERS THAT ARE USED FOR BUS VOLTAGES EQUAL TO 216 VDC AND BELOW
CUTLER HAMMER SERIES G BREAKER ACCESSORY CONTACT RATING
VOLTAGE 125VDC | 125/250 VAC | 600 VAC
AUXILIARY SWITCH | 1 AMP** 5 AMPS 2 AMPS
BELL ALARM 1 AMP** 5 AMPS 2 AMPS
** NON-INDUCTIVE LOAD.
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